Inorganic Parameter - Reporting Limits

Reporting| Reporting |
Limit Limit
'Ealyses EPA Mctﬁod(s) l Instrument/ Technique water soil
Inorganics mg/L mg/kg
Acidity EPA 305.1/SM 2310 B Titdmetric 25.000 500 (10 g)
Alkalinity, Total, Catbonate,Bicatbonate EPA 510.1/SM 2320 B Titrimettic 10.000 500 (10 g)
Ammonia-N EPA 350.1/SM 4500 NH; H Flow Injection - Colorimetsic 0.040 0.040
Ammonia-N EPA 350.2/SM 4500 NH; E Distillation/ Titration 2.240 5.6 (10g)
Ammonia-N (Low Level) EPA 350.1/SM 4500 NH; H Flow Injection - Colorimetric 0.010 _ NA
BOD, 5 day EPA 405.1/SM 5210 B DO Meter 2.000 NA
Bromide EPA 300.0, 9056 Ton Chromatography 0.500 569
Catbonaceous BOD, 5 day EPA 405.1/SM 5210 B DO Meter 2.000 NA
Carbon-DIC EPA 415.1, 9060/SM 5310 B Dohtmann 20.000 NA
Carbon-NPOC EPA 415.1, 9060/SM 5310 B Dohtmann 0.500 Subcontracted
Cation Exchange Capacity EPA 9081 Physical Cale. Calc.
Chloride EPA 325.2/SM 4500 CLE Flow Injection - Colorimetric 1.000 1005y
Chloride EPA 300.0, 9056 Ton Chromatography 1.000 10059
Chlorophyll a SM10200H Spectrometric 0.100 NA
COD, Macro - high level EPA 410.1 Titdmetric 80.000 800 (1 g)
COD, Macro - low level EPA 410.2 Titrimetric 40.000 400 (1g)
COD, Mini EPA 410.4/SM 5220 D Spectrometric 10.000 NA
Color, Apparent EPA 110.2 Visual Comparison 5 apha NA
Colort, True EPA 110.2 Visual Compatison 5 apha NA
Conductivity EPA 120.1/SM 2510 B, 9050 Conductivity Meter NA
Cyanide EPA 335.3/335.4/9010/9012/SM 4500 CN E | Flow Injection - Colorimettic 0.005 1.250
Cyanide, Ammenable EPA 335.1/9010/9012/SM 4500 CN G Flow Injection - Colorimetric 0.005 NA
Cyanide, Free EPA 3353 Flow Injection - Colorimetric 0.010 NA
Cyanide, Reactive SW846 Vol 1C Sec. 7.3.3.2 Flow Injection - Colorimetric 0.005 0.013 (10 g)
Fluoride EPA 300.0, 9056 Ion Chromatography 0.100 Subcontracted
Fluoride EPA 340.2/SM4500F C ISE 0.100 1.0 (Leach)
Free Liquids (Paint Filter Liquids Test) EPA 9095A Paint Filter 0.100 0.000
Grease & Oil EPA 413.1/SM 5520 B Gravimetric 5.000 250 (20 g)
Grease & Oil EPA 413.2 Infared Spec. / FTIR 1.300 82 (30 g)
Hatdness SM 2340 B Calculation/ICP 0.660 NA
Hexane Extracted Material (HEM) EPA 1664A Gravimetric 1.400 NA
Ignitibility EPA 1010 Pensky/Martin NA
Ignitibility (Solid) EPA 1030 DOT NA
Nitrate + Nitrite-N - EPA 300.0, 9056 Ion Chromatography 0.100 105y
Nitrate + Nitrite-N (Cadmium Reduction) EPA 353.2/SM 4500 NO3 F Flow Injection - Colorimetric 0.007 NA
Nitrate + Nitrite-N (Hydrazine) EPA 353.1/SM 4500 NO3 H Flow Injection - Colotimetric 0.100 1059
Nitrate-N EPA 300.0, 9056 Ion Chromatography 0.100 105y
Nitrate-N (Cadmium Reduction) EPA 353.2/SM 4500 NO3 F Flow Injection - Colorimetric 0.007 NA
Nitrate-N (Hydrazine) EPA 353.1/SM 4500 NO3 H Flow Injection - Colorimetric 0.100 10(5g)
Nitsite-N EPA 300.0, 9056 Ion Chromatography 0.100 10(5yg)
Nitzite-N (Cadmium Reduction) EPA 353.2/SM 4500 NO3 F Flow Injection - Colorimetric 0.007 NA
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